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For single core marking and marking of fiber optic wires and cables. 
For marking before assembly. 
Delivered on sheets with pre-printed text. 
Unique fiber marking system.  
 
 
 
 
 
  

 
 
 
 
 
 
 
 
 
 
 
 
 
Technical data     
Material:       Polyester, halogen free  
Operating temperature:      -40°C to +125°C 
Applying temperature:      min +10°C 
Cable area:       0.25-0.75 mm2   
Colours:       Yellow, Blue, Red, Green, White 
Preprinted text:       13-24 (x5) 
Recommended storage:      Cool and dry in original packaging 
 
Mounting:  
Mounting is made directly on the wire. 
 
Other product data:  
ETIM Classification:      EC001288 
 
Advantages:  
Ready-made unique marking for fiber optic wires and cables. 
Pre-printed markers ready for a quick and easy mounting. 
All information in one marker. 
Good overview with up to 60 markers on one sheet. 
Halogen free material. 
Text with long durability thanks to thermal transfer printing. 
Thermal transfer printing method increases smudge, scratch resistance and resistance to oils and chemicals. 
  
Delivery: 
FLEXIMARK Fiber marking is delivered with ready-made printing on sheets. 
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Product data: 
 

 
 
 
 
Measures: 
 
 
 
 
 
 
 
 
Type  Wire area mm²  A (mm) B (mm) C (mm) D (mm) E (mm) Amount/Sheet 
F0  0,25-0,75  22,9 5,2 3,9 13,1 2,4 60 
F1  0,75-1,5  23,0 5,2 4,9 11,2 3,5 60 
F1B  1,5-2,5 25,0 5,7 5,9 11,2 4,2 60 
F2  2,5-6,0  26,0 7,0 6,5 11,0 5,5 60 
F3  6,0-16,0  41,0 11,0 10,5 17,0 8,4 20 

 
 
 
 
 
 
 
 
Note: 
Pictures are not to scale and do not represent detailed images of each product. 

E-nummer LAPP 
Part no.  

Article designation Cable diameter 
(mm2) 

Colour Text printed on marker  
(x amount of set) 

Sheets 
(unit) 

PU 

2941246 83255300 Fiber marking 1-12x5set BU 0,25-0,75 Blue 1-12   (x5) 10 1 
2941247 83255301 Fiber marking 13-24x5set BU 0,25-0,75 Blue 13-24 (x5) 10 1 
2941532 83255302 Fiber marking 1-48x1set BU 0,25-0,75 Blue 1-48   (x1) 10 1 
2941545 83255315 Fiber marking 1-12x2 BU 0,25-0,75 Blue 1-12   (x2) 24 1 
2941533 83255303 Fiber marking 1-12x5set RD 0,25-0,75 Red 1-12   (x5) 10 1 
2941535 83255305 Fiber marking 1-48x1set RD 0,25-0,75 Red 1-48   (x1) 10 1 
2941546 83255316 Fiber marking 1-12x2 RD 0,25-0,75 Red 1-12   (x2) 24 1 
2941534 83255304 Fiber marking 13-24x5set RD 0,25-0,75 Red 13-24 (x5) 10 1 
2941536 83255306 Fiber marking 1-12x5set GN 0,25-0,75 Green 1-12   (x5) 10 1 
2941537 83255307 Fiber marking 13-24x5set GN 0,25-0,75 Green 13-24 (x5) 10 1 
2941538 83255308 Fiber marking 1-48x1set GN 0,25-0,75 Green 1-48   (x1) 10 1 
2941547 83255317 Fiber marking 1-12x2 GN 0,25-0,75 Green 1-12   (x2) 24 1 
2941539 83255309 Fiber marking 1-12x5set YE 0,25-0,75 Yellow 1-12   (x5) 10 1 
2941540 83255310 Fiber marking 13-24x5set YE 0,25-0,75 Yellow 13-24 (x5) 10 1 
2941541 83255311 Fiber marking 1-48x1set YE 0,25-0,75 Yellow 1-48   (x1) 10 1 
2941548 83255318 Fiber marking 1-12x2 YE 0,25-0,75 Yellow 1-12   (x2) 24 1 
2941542 83255312 Fiber marking 1-12x5set WH 0,25-0,75 White 1-12   (x5) 10 1 
2941543 83255313 Fiber marking 13-24x5set WH 0,25-0,75 White 13-24 (x5) 10 1 
2941544 83255314 Fiber marking 1-48x1set WH 0,25-0,75 White 1-48   (x1) 10 1 
2941549 83255319 Fiber marking 1-12x2  WH 0,25-0,75 White 1-12   (x2) 24 1 

Box for fiber marking 

2941550 83255320 Fiber box 270x160x30 Tom - Black - 1 1 


